PART NUMBER WEATHERHEAD THD TH'D

CATALOG NUMBER P T Ré\F R|IE-23F RgF R[E)F RI_;F REF
2021—2-25 C5205X2 1/8-27 5/16-24 | 1.11| .45 | 40 | .06 | .19 | .44
2021—2-3S C5205X3 1/8-27 3/8-24 |1.14| .48 | .40 | .12 | 19 | .44
2021—2—4S C5205%X4 1/8-27 7/16—20 |1.22 | .55 | .40 | 17 | 17 | .50
2021—2-55 C5205X5 1/8-27 1/2-20 |1.22| 55 | .40 | .23 | .19 | .56
2021—2—6S C5205X6X2 1/8-27 9/16-18 |1.24 | .56 | .40 | .30 | .19 | .62
2021—2-8S C5205X8X2 1/8-27 3/4—16 |1.34| 66 | .40 | 39 | .19 | .69
2021—4—45 C5205X4X4 1/4-18 7/16-20 | 1.42 | .55 | 58 | .17 | .28 | .56
2021—4—55 C5205X5%X4 1/4-18 1/2-20 |1.42| 55 | .58 | .23 | .28 | .56
2021—4—6S C5205X6 1/4-18 9/16-18 | 1.43| .56 | .58 | .28 | .28 | .62
2021—4—85S C5205X8X4 1/4-18 3/4—16 | 1.53| .66 | .58 | .39 | .28 | .81
2021—6—45S C5205X4X6 3/8-18 7/16-20 | 1.42| 55 | 58 | 17 | 41 | .75
2021—6-55 C5205X5%X6 3/8-18 1/2-20 |1.42| 55 | .58 | 23 | .41 | .75
2021—6—65 C5205X6X6 3/8-18 9/16—18 | 1.43 | .56 | .58 | .30 | .41 | .75
2021—6—85S C5205X8 3/8-18 3/4—16 | 1.53| .66 | .58 | .39 | .39 | .81
2021—6—10S C5205X10X6 3/8-18 7/8-14 | 1.70 | .76 | .58 | .48 | .41 | .94
2021—6-12S C5206X12X6 3/8-18 11/16-12 | 1.75 | .86 | .58 | .61 | .41 |1.12
2021—8—4S C5205X4X8 1/2-14 7/16—20 | 1.68 | .55 | .76 | .17 | .53 | .88
2021—8—6S C5205X6X8 1/2-14 9/16-18 | 1.69 | .56 | .76 | .30 | .53 | .88
2021—8—8S C5205X8X8 1/2-14 3/4—16 | 1.79| .66 | .76 | .39 | .53 | .88
2021—8—103 C5205X10 1/2-14 7/8-14 | 1.89 | .76 | .76 | .48 | .48 | .94
2021—8—12S C5205X12X8 1/2-14 11/16-12 | 2.06| .86 | .76 | 53 | 53 |1.12
2021—8—16S C5205X16X8 1/2-14 15/16-12 | 2.11| .91 | .76 | .84 | .53 | 1.38
2021—12—4S C5205X4X12 3/4—14 7/16-20 |1.70 | .55 | .77 | 17 | .72 | 1.12
2021—12—6S C5205X6X12 3/4—14 9/16-18 |1.75| .56 | .76 | .30 | .72 | 1.12
2021—12-8S C5205X8X12 3/4—14 3/4—16 | 1.85| .66 | .76 | .39 | .72 | 1.12
2021—12—-105 C5205X10X12 3/4—14 7/8-14 | 1.95| .76 | .76 | 48 | .72 | 1.12
2021—12-125 C5205X12 3/4—14 | 1 1/16-12 | 2.06| .86 | .76 | .61 | .72 [ 1.12
2021—12-145 C5205X14 3/4—14 | 1 3/16-12 | 2.09] .89 | .77 | .72 | .72 |1.25
2021—12—-165 C5205X16X12 3/4—14 | 15/16-12 | 2.11] .91 | .76 | .84 | .72 |1.38
2021—12-205 C5205X20X12 3/4—14 15/8-12 | 2.18] .96 | .77 |1.07 | .72 | 1.69
2021—16-85 C5205X8X16 111 1/2 | 3/4—16 | 2.05| .66 | .96 | .39 | .94 | 1.38
2021—16-105 C5205X10X16 1—11 1/2 | 7/8-14 | 2.15| .76 | .96 | .48 | .94 | 1.38
2021—16-125 C5205X12X16 1-11 1/2 | 1 1/16-12 | 2.25| .86 | .96 | .61 | .94 | 1.38
2021—16-14S C5205X14X16 111 1/2 | 1 3/16-12 | 2.23| .89 | .96 | .72 | .94 |1.38
2021—16-165 C5205X16 1-11 1/2 | 15/16-12 | 2.30| .91 | .96 | .84 | .84 | 1.38
2021—16-205 C5205X20X16 1-11 1/2 | 1 5/8-12 | 2.42| .96 | .96 | .94 | .94 | 1.69
2021—16—-245 C5205X24X16 1—11 1/2 | 1 7/8-12 | 2.62|1.08 | .96 | 1.31| .94 | 2.00
2021—16-325 C5205X32X16 111 1/2 | 2 1/2-12 | 3.02|1.33| .96 |1.78 | .94 | 2.62
2021—-20-125 C5205X12X20 11411172 | 1 1/16-12 | 2.36 | .86 | .98 | .61 | 1.25 | 1.69
2021—20—165 C5205X16X20 11/4-111/2 | 1 5/16-12 | 2.40| .91 | .98 | .84 | 1.25 | 1.69
2021—-20—205 C5205X20 11/4111/2 | 1 5/8-12 | 2.45| .96 | .98 | 1.08 | 1.25 | 1.69
2021—20—245 C5205X24X20 11/4111/2 | 1 7/8-12 | 2.65]1.08 | .98 | 1.25 | 1.25 | 2.00
2021—-20—-325 C5205X32X20 11/4111/2 | 2 1/2-12 | 3.05 |1.33 | .98 |1.78 | 1.25 | 2.62
2021—24—125 C5205X12X24 11/2-111/2 | 1 1/16-12 | 2.46| .86 [1.02 | .61 | 1.50 | 2.00
2021—24—165 C5205X16X24 11/2-111/2 | 1 5/16-12 | 2.51| .91 |1.02 | .84 | 1.50 | 2.00
2021—24—205 C5205X20X24 11/2-111/2 | 15/8-12 | 2.55| .96 | 1.02 | 1.08 | 1.50 | 2.00
2021—24—245 C5206X24 11/2-111/2 | 1 7/8-12 | 2.68 | 1.08 | 1.02 | 1.31| 1.31 | 2.00
2021—24—325 C5205X32X24 11011 1/2 | 2 1/2-12 | 3.08 | 1.33 | 1.02 | 1.78 | 1.50 | 2.62
2021—32—-245 C5205X24X32 2-11 1/2 | 17/8-12 | 2.81]1.08 [ 1.05 | 1.31 | 1.94 | 2.50
2021—32-325 C5205X32 2-11 1/2 | 2 1/2-12 | 3.11]1.33 [1.04 | 1.78 | 1.78 | 2.62
2021—40—405 C5205X40 2 1/2-8 312 3.38 | 111163 | 2.31| 2.31 | 3.12
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