E1 DATA SHEET 1" Bolted Metal — ATEX

with Metal Center Section

SPECIFICATIONS & PERFORMANCE

PERFORMANCE SPECIFICATIONS

Displacement Per Stroke, .10 Gal. (0.38 L)
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Meters Feet BAR 0 5 10 15 20 25 30 3 40 45 50 R
Capacity in U.S. Gallons Per Minute Max Operating Pressure
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0 20 40 60 80 100 120 140 | 160 | 180 reeeeeeeeeeeeeieen 125 psi (8.6 bar)
Capacity in Liters Per Minute Shipping Weights
NOTE: Performance based on the following: elastomeric fitted pump, flooded suction, water at ambient Alumlnum """" 27 lbs (1 2.2 kg)
conditions. The use of other materials and varying hydraulic conditions may result in deviations in excess of 5%. Stainless Steel . ... 40 Ibs (18.1kg)
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