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P P-4~

P08 13 1/4” 6 1/2” - 12"

P10 15 1/4” 6 1/2” - 14"

P12 17 1/4” 11” 13 3/4” 16"

P14 19 1/4” 11” 13 3/4” 18"

P16 21 1/4” 11” 13 3/4” 20"

P18 23 1/4” 11 1/4” 14” 22"

P20 25 1/4” 11 1/4” 14” 24"

P24 29 1/4” 11” 13 3/4” 28"

P30 35 1/4” 13 1/4” - 34"

P36 41 1/4” 13 1/2” - 40"

MODEL A X A
SQUARE

B C
c/c

DIMENSIONS

The P series exhaust fan is a sturdily constructed, 
direct drive, horizontal discharge fan that is 
typically used for industrial, commercial and 
farming applications.  The P fans are available in 
single-speed variations as well as two-speed and 
variable speed models.
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ACCESSORIES

SPECIFICATIONS

P - PANEL MOUNTED FANS
Designed for Industrial, Commercial & Farming applications.

• Front guards
• Wall sleeve
• Thermostats
• Backdraft dampers
• Weather hoods
• Controls

For a complete listing on all available accessories, see page D17 
For a complete listing of all available hoods, see page D11. 
For all available control options, see Controls & Thermostats tab.

WALL MOUNT FANS

P4 SERIES  
EXPLOSION PROOF MOTOR

Consult factory to have accessories installed.

C

A B

~ Explosion Proof Motor, 50 Hz or 3 phase

For three phase motors, substitute “*” with “M” for 230/460 volt or “P” for 575 volt  
**NOTE: P36-7M is only available in 208-230/460 volt  for three phase applications 
Other voltages in single or three phase are available.  50HZ voltages are available. Consult factory.

FEATURES  
• Sturdily constructed direct drive, horizontal

discharge fan.
• Durable powder coated finish.
• 8” - 24” models have heavy wire chrome plated

OSHA guards on intake side of fan.
30” & 36” models have grey powder coated
guards.

• Totally enclosed air over motor with overload
protection.

• Ships fully assembled.

P SERIES FAN


