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• Melts at designated temperature leaving
 a noticeable different mark 
• Dries fast on horizontal and vertical surfaces
• Enhanced formula to reduce settling 
• Excellent accuracy within +/- 1% of fahrenheit
 and +/- 3% of celsius
• Wide temperature range from
 300°F(149°C) to 1500°F(816°C)
• n-Propyl Bromide free formula 
• Tempilaq Advanced thinner is available
 to dilute or replace evaporated solvent
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Part No. °C °F
24405 149 300
24407 163 325
24408 177 350
24410 191 375
24411 204 400
24413 232 450
24414 246 475
24416 260 500
24421 343 650
24422 371 700
24423 399 750

Part No. °C °F
24424 427 800
24425 454 850
24426 482 900
24427 510 950
24428 538 1000
24431 593 1100
24432 621 1150
24433 649 1200
24435 704 1300
24438 816 1500

Part No. °C °F
24565 593 1100
24566 621 1150
24567 649 1200

Tempilaq Advanced is an accurate temperature indicating 
liquid that verifies the achievement of a specific 
temperature. It leaves a visible mark that dries fast 
prior to heating then liquefies at the stated temperature.
The easy to mix formula can be applied on both horizontal 
and vertical surfaces. It is an efficient method that does 
not require calibration and it is optimal for heat-treating, 
preventive maintenance and any other temperature 
sensitive application.

• Metals
• Glass
• Plastic

Tempil.com

FEATURES

• Heat Treating

• Preventive
 Maintainence

• Thermal mapping
 on multiple surfaces

• Annealing

• Metal Fabrication

• Industrial
 Manufacturing

• Calibrating
 industrial ovens

• Glass Production

Tempilaq Advanced 2 oz. Tempilaq Advanced Quart

Tempilaq Advanced Thinner
Part No. 24597

LP97R00320


