TOOLS

PA2095 CRIMPING DIE

'ﬁ PALADIN

Die set for 20-10 AWG (.51-6.0 mm?) insulated
and non-insulated wire ferrules. Works with
CrimpALL®/8000 & 1300 Series frames.

FEATURES:

- 20-10 AWG stranded wire
« Crimp size 20/18-16/14-12/10

ADVANTAGES:

- Insulated & non-insulated wire ferrules
for DIN or US types

SPECIFICATIONS:
Size 0.8inx345inx4.3in
Weight 0.1751b

Paladin is the brand of hand tools from Tempo Communications
and carries a Limited Lifetime Warranty.
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