PART NUMBER WEATHERHEAD THD THD A C D F
CATALOG NUMBER "'I'1 ‘Tz REF REF REF REF (lﬁ%li-'l) MIN
2061—-4-4S C5365X4 7/1 6—20 7/1 6—20 [18.3[.72 26.7[1 .05] 4,3[.17] 4.3[.17 9/1 6 9.35[.368]
2061-5-5S C5365X5 1/2—20 1/2—20 19.6[.7 26.7[1 .05] 5.8[.23] 5.8[.23 5/8 9.35[.368]
2061—-6-4S C5365X4X6 9/1 6—18 7/1 6—20 [20.8[.82] 29[1 .14-] 4.3[.17 7.6[.30 11/16 10.5[.415
2061-6-6S C5365X6 9/1 6—18 9/1 6—18 [21.1[.83 29[1.14] 7.6[.30 7.6[.30 11/16 10.5[.415
2061-6—8S C5365X8X6 9/1 6—18 3/4—1 6 24.9[.98 30.5[1 .20] 9.9[.39 7.6[.30] 1 1/1 6 10.5[.41 5]
2061-8-6S C5365X6X8 3/4—1 6 9/1 6—18 |22.1[.87] 33[1 .30 7.6[.30 9.9[.39 7/8 12|.472 | |
2061-8-8S C5365X8 3/4—16 3/4—16 24.9[.98 33[1.30 9.9[.39 9.9[.39 7/8 12[.472]
2061-8-10S C5365X10X8 3/4—16 7/8—14 28.2[1.1 1] 34.5[1.36 12.2[.48] 9.9[.39 7/5 12[.472
2061-10—-8S C5365X8X10 7/8—14 3/4—16 25.2] .99] 38.6[1.52 9.9[.39] 12.2].48 1 13.8[.543
2061-10-10S C5365X10 7/8—14 7/5—14 28.2{1.11- 138.6[1.52 12.2[.48] | 12.2[.48 1 13.8[.543
2061-10-12S C5365X12X10 7/8—14 1 1/1 6—1232.5]1.28]139.9[1.57] | 15.5[.61 12.2[.48 1 13.5{.543
2061—12—85 C5365X8X12 1 1/16-12| 3/4—16 |26.4[1.04]|43.9[1.73] | 9.91.39] | 15.5(.611| 1 1/4 [16.2].636
2061-12-10S C5365X10X12 1 1/16—12 7/8—14 29.5[1.16 43.9(1.73] | 12.2[.48 15.5[.61 1 1/4 16.2] .636]
2061-12-12S C5365X12 1 1/16—12 1 1/1 6—-12 32.5[1.28 43.9(1.73] | 15.5[.61 15.5[.61 1 1/4 16.2[.636
2061-12-16S C5365X16X12 1 1/1 6-—-12|1 5/1 6—12 37.:ﬂ1.47- 47.2[1.86] | 21.3]|.84 15.5[.61 1 1/4 16.2[.636]
2061-14—-14S C5365X14 1 3/1 6—-12 |1 3/1 6—12(36.8[1.45] |47.2[1.86] | 18.3[.72 18.ﬂ.72 1 3/3 1 6.2J_.63G-
2061-16-125 C5365X12X16 |1 5/16-12]1 1/16-12]36.1[1.42] [47.2[1.86] | 15.5[.61] | 21.3(.841 | 1 1/2_[16.2[.636]
2061-16-163 C5365X16 1 5/16-12|1 5/16-12|37.3[1.47]|47.2[1.86] | 21.3[.84]| 21.3[.84] | 1 1/2_[16.2[.636]
2061-16-20S C5365X20X16 1 5/1 6—-12]| 1 5/8—1 2 [40.4[1.59] [48.5[1.91 27.4[1 .08] 21.3[.84 1 1/2 16.2[.636
2061-20-16S C5365X16X20 1 5/8—12 1 5/1 6—12(39.1[1.54] [48.5[1.91 21 .3[.84] 27.4[1.08 1 7/8 16.2[.636
2061-20-20S C5365X20 1 5/8—12 1 5/8—1 2 |40.4[1.59] [48.5[1.91 27.4[1 .05] 27.4[1.08 1 7/8 16.2[.636
2061—-24—24S C5365X24 1.7/8-12 |1 7/8—1 2 [43.7[1.72] |48.5[1.91 33.3[1 .31] 33.3[1.31 2 1/5 1 6.2[.636]
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A WASHER CLINCHED TO FITTING WITH 0.012[.0005] MAXIMUM

CLEARANCE TO AN INTERFERENCE FIT.

1. DIMENSIONS ARE IN MILLIMETERS [INCHES].
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DESCRIPTION

DATE APPROVED

(1) ADDED WEATHERHEAD
ICATALOG NUMBERS

2003-12-01 |EN-F25476
RM. DP-1513

/WRH.

(1) 2061—6-8S, 2061—24—24S
PART _NUMBERS ADDED

2009-12-30
SPB/ADN

0038335—
ECO

5 3| 2|8

(1) ADDED PART #2061-4-4S.
(2) was 9.4 [.368).

2014-11-14 | 0103270~
PDS/VSP | ECO

706T—24-245 C5365%24 206104—24—245 | 210295-245 222013-245 22617-24
2061-20-205 C5365%20 206104-20-205 | 210295-20S 222013-20S 22617—20
2061-20-165 | C5365X16X20 | 206104—20—165 | 210295-205 222013-20S 22617-20
2061—16-205 | C5365X20X16 | 206104—16-205 | 210295-165 222013-16S 22617-16
2061—16-165 C5365X16 206104—16-165 | 210295-16S 222013-16S 22617-16
2061—16-125 | C5365X12X16 | 206104—16-125 | 210295-165 222013-16S 22617-16
2061—14-145 C5365X14 206104—14—145 | 210295-14S 222013-14S 22617—14
2061-12-165 | (C5365X16X12 | 206104—12-165 | 210295-125 222013125 22617-12
2061—12-125 C5365X12 206104—12-125 | _210295-125 222013-125 22617-12
2061—12-105_| C5365X10X12__| 206104—12—105 | _210295-125 222013-125 22617-12
2061-12-85 C5365XBX12__| 206104—12-8S | _210205-125 222013-125 22617-12
2061-10-125 | _C5365X12X10__| 206104—10-125 | _210295-10S 222013-10S 22617-10
2061-10-105 C5365X10 206104-10-105 | 210295-10S 222015105 22617-10
2061-10-85 C5365XBX10__ | 206104—10-8S | _210295-105 222013-10S 22617-10
2061-8-105 C5365X10X8 | 206104-8-10S | _ 21029585 22201385 22617-8
2061-8-85 C5365X8 206104—8-85 210295-85S 22201385 22617-8
2061-8-65 C5365X6XB 206104—8—65 210295-85S 22201385 22617-8
2061-6-85 C5365X8X6 206104685 210295-65 22201365 22617-6
2061665 C5365%6 206104—6-65 210295-65 22201365 22617—6
2061-6-45 C5365X4X6 206104—6-45 210295-6S 22201365 22617—6
2061-5-55 C5365%5 206104—5-55 210295-5S 22201355 22617-5
2061—4-45 C5365%4 206104—4—45 210295-4S 222013-4S 22617—4
PART NUMBER | o WEATHERHEAD o ADAETER @ JAM NUT @ WASHER @ O'RING
LIST OF MATERIALS
TEM NO. MATERIAL RuCOULLY E TN s o
CHECKED a FLUID CONVEYANCE PRODUCTS,

1 STEEL W.RHYDE ORATING TE MAUNEE, OHIO U5

3 STEEL reane ADAPTER
SAE 37° FLARE—45 STRAIGHT
4 NITRILE (BUNA—N) Errr THREAD ELBOW (SAE #070320




