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115
LUMENS

A good choice for anyone who needs a compact, back-up light without compromising on
power. Put this light in your pocket and always be ready to light your way, wherever you go.

Now producing 115 lumens.

TEN-TAP® programmable switch
for user selectable operation

Anti-roll head prevents the light from
rolling away when you set it down

Removeable pocket clip

IPX7; waterproof to 1m for 30 minutes
1m impact resistance tested

3.94 in. (10 cm); 1.3 oz (37 grams) with alkaline battery (included)

Limited Lifetime Warranty
Visit www.streamlight.com for full warranty information

#88049 - ProTac 1AAA with alkaline battery, adjustable lanyard and nylon holster    

TEN-TAP® Programming: Choice of three operating modes:
1.) high/strobe/low; 2.) high only; 3.) low/high

- High for brightest light: 115 lumens; 890 candela; 60m beam; runs 1.75 hours (alkaline);   
runs 2.25 hours (lithium)

- Low for low-level lighting and longer run time: 8 lumens; 65 candela; 16m beam;  
runs 17 hours (alkaline); 23 hours (lithium) 

- Strobe for signaling or disorienting: runs 1.5 hours (alkaline); runs 3.75 hours (lithium)

Solid State power regulation provides maximum light output throughout battery life

Uses one “AAA ” alkaline battery (included);
also accepts one AAA lithium battery

Durable anodized machined aircraft 
aluminum construction

Gasket-sealed, glass lens with
anti-reflective coating


