Columbia
LIGHTING

CWP

WRAP LUMINAIRE

FEATURES

+ 4,000 nominal lumens

Up to 124 lumens per watt

Choice of two color temperatures

0-10V dimming, standard

- Wide range of applications
Universal Voltage (120-277V)
80+ CRI

SPECIFICATIONS

CONSTRUCTION
- Efficient 4' LED wrap style fixture

OPTICS
« Frosted acrylic lens

INSTALLATION
« Fully assembled for quick installation

ELECTRICAL
« 54,000 hour LEDs at L70 for reduced
maintenance

ORDERING GUIDE

‘ LOCATION:

DATE:
TYPE: ‘ PROJECT:
CATALOG #:
tradeSELECT’
CERTIFICATIONS WARRANTY

« All luminaires are built to UL1598 standards
and bear appropriate UL labels

« Damp location label standard

« DLC® (DesignLights Consortium Qualified.
Please refer to the DLC website for specific
product qualifications at
www.designlights.org

Catalog Number Description Efri\;enrse d Watts LPW S;YI eotn
CWP4-4035 4ft LED Wrap, 3500K, 010V dimming 4584 37 124 33
CWP4-4040 4ft LED Wrap, 4000K, 0-10V dimming 4584 37 124 33
DIMENSIONS
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« 5year warranty

« See HLI Standard Warranty for
additional information

KEY DATA
Lumens 4584
Wattage 36.9
Efficacy (LPW) 124
Reported Life (Hours) L70/54,000
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https://www.hubbell.com/hubbelllightingci/en/
https://www.hubbell.com/columbialighting/en/
https://www.hubbell.com/columbialighting/en/Products/Lighting-Controls/Commercial-Indoor-Lighting/Wraparounds/CWP/p/2171378#prod-photometry-section
https://hubbellcdn.com/sellsheet/1109_ts_col_sell_sheet.pdf
https://www.hubbell.com/columbialighting/en/Products/Lighting-Controls/Commercial-Indoor-Lighting/Wraparounds/CWP/p/2171378
https://hubbellcdn.com/warranty/Hubbell%20Lighting%20Indoor%20Limited%20Warranty%20-%2030%20Jan%202015.pdf
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WRAP LUMINAIRE

PHOTOMETRY
CWP4-4035
LUMINAIRE DATA ZONAL LUMEN SUMMARY POLAR GRAPH
180 165 150 135
Test No. 17623 Zone Lumens % Luminaire 1800
- 48" x 9" LED wrap with white reflector 0-30 1345 293
Description f . .
‘ and prismatic acrylic lens 0-40 2124 463 =
Delivered Lumens |4584 0-60 3450 753 200 ®
Watts 36.86 0-90 4303 93.9 105 =
Efficacy 124 0-180 4584 100 @
Mounting Recessed 20
Spacing Criterion  |0°=117 90°=111 ®
75 o
900 g
60
1800
0 15 30 45
Horiz 0-180
0.0 45.0 90.0
CWP4-4040
LUMINAIRE DATA ZONAL LUMEN SUMMARY POLAR GRAPH
180 165 150 135
Test No. 17776 Zone Lumens % Luminaire 1800
L 48" x 9" LED wrap with white reflector 0-30 1345 293
Description f : :
: and prismatic acrylic lens 0-40 2124 463 .
Delivered Lumens |4584 0-60 3450 753 200 ®
Watts 36.86 0-90 4303 93.9 105 =
Efficacy 124 0-180 4584 100 o
Mounting Recessed %
Spacing Criterion |0°=117 90°=1M1 ®
75 o
900 g
60
1800
0 15 30 45
Horiz 0-180
0.0 45.0 90.0
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https://www.hubbell.com/columbialighting/en/Products/Lighting-Controls/Commercial-Indoor-Lighting/Wraparounds/CWP/p/2171378
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https://www.hubbell.com/columbialighting/en/
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https://www.hubbell.com/columbialighting/en/Products/Lighting-Controls/Commercial-Indoor-Lighting/Wraparounds/CWP/p/2171378#prod-photometry-section
https://hubbellcdn.com/ies/CWP4-4035.ies
https://hubbellcdn.com/testdoc/CWP4-4035.pdf
https://hubbellcdn.com/ies/CWP4-4040.ies
https://hubbellcdn.com/testdoc/CWP4-4040.pdf
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