
SH30540-PP Data Sheet
Weld Mount Assembly 

Size: 1/4” Pipe (0.540 OD) 
Hardware Material: Carbon Steel

Clamp Pair Material: Polypropylene (PP)
Temperature: 22°F  194°F 

Thread: UNC 
Length (L): 2.875 (73mm) 
Width (W): 1.250 (32mm)  

Height (H): 2.000 (50.8mm) 
Center (C): 1.300 (33mm) 

Thickness (T): 0.313 (8mm) 


