APPROX WEIGHT: 295.87 Ibs.
- - - DOES NOT INCLUDE WEIGHT OF PO V?ER OR PACKAGING!!!
FORK MOUNTED COIL RAM - CCF-24-5
*** ANY ADDITIONS, DELETIONS, OR OMISSIONS MUST BE CORRECTED ON THIS DRAWING AS THIS DRAWING WILL BE CONSIDERED ALL INCLUSIVE ***
ALL GRAPHICS PROVIDED ARE FOR REFERENCE ONLY. IF CERTAIN DIMENSIONS ARE CRITICAL PLEASE VERIFY THOSE DIMENSIONS WITH YOUR SALESPERSON
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