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CAT. 5205-W0 HAS. ONE C'SUNK MOUNTING
HOLE FTOR STAMNDARD BORES

CAT 5206-WO HAS 4 MOUNTING HOLE S
FOoOR F.S BoXES
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REVISIONS

APP DATE

TITLE
HBL5205WO & HBL5206WO

DOUBLE HINGE COVER WEATHER PROOF
PLATE FOR DUPLEX RECEPTACLES

CODE 74545 |
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HARVEY HUBBELL, INC.
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