Kellems® Wire Management Products H B B E
PolyTuff® Non-Metallic Liquidtight Fittings U LL

Liquidtight Fitting

Features
® [ncludes 2 PS0759NGY Fittings and 6'G1075 Conduit

Ordering Information

Description Body Style Trade UPC Catalog P, J-ﬁ f)\
Size Number ‘ ¥

SwivelLok® Flexible Swivelok 3/4" (21) 783585396668 PS07GYKIT
Conduit Kit
Online Resources
eCatalog
Listings Installation Instructions
UL Listed
CSA Certified

Specifications

Material Nylon
Sealing Ring Neoprene
Performance

Environmental
Flammability UL 94V-2
Operating Temperature —30°F to +225°F (—34°C to +107°C)

®

Dimensions in Inches (mm) HUBBELL
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http://ecatalog.hubbell-wiring.com/productinformation/ViewCatalog.aspx?Search=PS07GYKIT
http://ecatalog.Hubbell-Wiring.com/productinformation/CustomerDrawingLibraryAssets/3A/3/PD1859.pdf

