ALTERNATING TREAD STAIRS - ATS-6-56 A-PROXWEIGHT: 17038 bs

DOES NOT INCLUDE WEIGHT OF POWER OR PACKAGING!!!
***ANY ADDITIONS, DELETIONS, OR OMISSIONS MUST BE CORRECTED ON THIS DRAWING AS THIS DRAWING WILL BE CONSIDERED ALL INCLUSIVE***
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