
Heavy Duty Mobile Filtered Fan

HVAC/R fact sheet

30” Heavy Duty Mobile Filtered Fan
The Model 2VZH3 Heavy Duty Mobile Filtered Fan is designed to remove dust 
particles from circulated air.  Features include:
• Heavy duty epoxy coated steel
• Galvanized steel prop
• 2-Speed non overloading PSC motor
• Sealed ball bearings
• 2 swivel and 2 fixed casters for easy mobility
• 115 volt, 1/2 HP, 1 Phase
• UL/CUL listed
• Easy to replace filters
• Made in USA

     CFM               Propeller    RPM                               Dimensions (in.)
SKU NO.     High      HP     Dia. (in.)     High     Volts    Amps     A         B      C

2VZH3      3606     1/2         30            627      115       5.04     36        34     21
2VZH4       4463     1/2         36            530      115       5.28     41.50   39     21
2VZH6       5702     1/2         42            377      115       6.19     47.50   45     21

Belt Drive Heavy Duty Mobile Filtered Fans

Exclusively from Grainger.
Call or visit your local branch or go to grainger.com/dayton for complete 
product line information

2VZH3

Direct Drive Heavy Duty Mobile Filtered Fan
2VZH5      5460     1/2         36            850      115       4.50     41.50   39     21


