
MODEL	 UPC	 LENGTH	 UNITS	 ZERO PT.	 ATTACHMENT	 BLADE
	 (052837)	 	 	

SNR18100	 025986	 100 ft.	 ft, in, 1/8 	 Hook End	 Hook	 E1

SNR10100	 026050	 100 ft. 	 ft, 1/10, 1/10	 Tape End + 1 ft	 Ring	 E19

SNR10100H	 026190	 100 ft. 	 ft, 1/10, 1/10	 Hook End	 Hook	 E22

SNR18200	 025997	 200 ft.	 ft, in, 1/8 	 Hook End	 Hook	 E1

SNR10200	 026067	 200 ft.	 ft, 1/10, 1/10	 Tape End + 1 ft	 Ring	 E19

SNR10200H	 026259	 200 ft.	 ft, 1/10, 1/10	 Hook End	 Hook	 E22

SNR18300	 003501	 300 ft.	 ft, in, 1/8 	 Hook End	 Hook	 E1

SNR10300	 003600	 300 ft.	 ft, 1/10, 1/10	 Tape End + 1 ft	 Ring	 E19

SNR10300E	 022854	 300 ft.	 ft, 1/10, 1/10	 Tape End 	 Ring	 E2

SNR10300H	 003624	 300 ft.	 ft, 1/10, 1/10	 Hook End	 Hook	 E22

SNR100M	 003808	 100m	 m, cm, mm	 Hook End	 Hook	 E17

SNR100ME	 003907	 100m	 m, cm, mm	 Tape End	 Ring	 E23

SNR100MH	 022779	 100m	 m, cm, mm	 Hook End	 Hook	 E3 
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M A K E  Y O U R  M A R K LONG TAPE MEASURES

SNR SERIES
The world’s best steel long tape in a housing that’s built to last. Features 
the strongest housing (stainless steel) on the market. Touch, double 
nylon-coated steel blade assures long life under field abuse. Rubber-
grip shovel handle for comfortable, rapid reeling. Metal crank handle for 
durability. Housing is reinforced with rivets for superior strength.

SNR18200

Limited lifetime warranty.

AVAILABLE IN

E = 3/8-inch wide, 2x nylon coated 
steel, long tape

E1 = Hook, Zero = Hook end, SAE: ft., 	
        in., 1/8

E2 = Ring, Zero = Tape end, ENG: ft., 	
         1/10, 1/100

E3 = Hook, Zero = Hook end, Metric: 	
        cm, mm

E17 = Ring, Zero = Tape end + 	
         .3 meters, Metric: cm, mm

E19 = Ring, Zero = Tape end + 1 	
          foot, ENG: ft., 1/10, 1/100 

E22 = Hook, Zero = Hook end, 	
           ENG: ft., 1/10, 1/100 

E23 = Ring, Zero = Tape end, 	
          Metric: cm, mm
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