
DEEP THIN WALL
IMPACT SOCKETS
• Deep, thin wall sockets are specifically

designed for special tight clearance
applications; making it easier to
access the fastener and to help
improve productivity.

• Socket wall thickness is reduced to
help improve access to fasteners in
restricted areas. Thin wall sockets are
recommended in difficult to access
areas which require low impact force
or in low usage frequency situations.

• Thin wall sockets weigh less than
standard impact sockets.

• All impact sockets feature one through
hole and a groove to accept a retaining
ring and pin to secure the socket to
the power tool anvil.

• Proto® impact sockets feature 
chamfered service ends for quick and
positive fastener engagement.

• Proto® impact sockets incorporate the
TorquePlus™ wrench system, allowing
the socket to contact the fastener
away from the corner while also 
dispensing stress over a larger area.
This system allows for up to 15% more
torque to be applied to the fastener
reducing fastener rounding and an
advantage to turn worn or rounded
fasteners.



Measurement Key 

T20510 06/05

1/2" THIN WALL DEEP IMPACT SOCKETS METRIC

1/2" THIN WALL DEEP IMPACT SOCKETS SAE

3/8" THIN WALL DEEP IMPACT SAE

PPrroodduucctt  IIDD  NNoo.. AA  iinncchheess BB  iinncchheess CC  iinncchheess DD  iinncchheess EE  IInncchheess LL  iinncchheess WWeeiigghhtt  LLbbss..

77770088HHTT 1/4" 13/32" 11/16" 15/64" 7/32" 2" 0.1 
77771100HHTT 5/16" 31/64" 11/16" 17/64" 17/64" 2" 0.1 
77771111HHTT 11/32" 1/2" 11/16" 9/32" 9/32" 2" 0.1 
77771122HHTT 3/8" 37/64" 11/16" 3/8" 45/64" 1-24/32" 0.1 
77771144HHTT 7/16" 5/8" 11/16" 3/8" 45/64" 1-24/32" 0.2 
77771166HHTT 1/2" 23/32" 23/32" 9/16" 1-7/64" 1 51/64 0.2 
77771188HHTT 9/16" 25/32" 25/32" 39/64" 1-19/64" 2" 0.2 
77772200HHTT 5/8" 7/8" 7/8" 43/64" 1-15/32" 2-7/64" 0.3 
77772222HHTT 11/16 15/16" 15/16" 43/64" 1-1/2" 2-7/32" 0.3 
77772244HHTT 3/4" 1" 1" 43/64" 1-35/64" 2-15/64" 0.4 
77772288HHTT 7/8" 1-3/16" 1-3/16" 45/64" 1-51/64" 2-1/2" 0.4 
77773300HHTT 15/16" 1-1/4" 1-1/4" 7/8" 2-13/64" 2-27/32" 0.5 

PPrroodduucctt  IIDD  NNoo.. AA  iinncchheess BB  iinncchheess CC  iinncchheess DD  iinncchheess EE  IInncchheess LL  iinncchheess WWeeiigghhtt  LLbbss..

JJ77331122HHTT 3/8" 9/16" 15/16" 5/16" 2" 3-1/4" 0.3 
JJ77331144HHTT 7/16" 21/32" 15/16" 11/32" 2" 3-1/4" 0.4 
JJ77331166HHTT 1/2" 23/32" 15/16" 7/16" 2" 3-1/4" 0.4 
JJ77331188HHTT 9/16" 13/16" 15/16" 1/2" 2" 3-1/4" 0.4 
JJ77332200HHTT 5/8" 7/8" 15/16" 9/16" 2" 3-1/4" 0.4 
JJ77332222HHTT 11/16" 31/32" 31/32" 41/64" 2" 3-1/4" 0.4 
JJ77332244HHTT 3/4" 1" 1" 1-3/16" 2" 3-1/4" 0.5 
JJ77332266HHTT 13/16" 1-1/8" 1-1/8" 1-5/32" 2-1/8" 3-1/4" 0.5 
JJ77332288HHTT 7/8" 1-3/16" 1-3/16" 1-11/32" 2-7/16" 3-1/2" 0.5 
JJ77333300HHTT 15/16" 1-1/4" 1-1/4" 1-27/64" 2-7/16" 3-1/2" 0.7 
JJ77333322HHTT 1" 1-3/8" 1-3/8" 1-27/64" 2-7/16" 3-1/2" 0.8 
JJ77333344HHTT 7/16" 1-31/64" 1-31/64" 1-35/64" 2-7/16" 3-1/2" 1.0 
JJ77333366HHTT 9/8" 1-9/16" 1-9/16" 1-15/32" 2-7/16" 3-1/2" 1.0 
JJ77333388HHTT 1-3/16" 1-5/8" 1-5/8" 1-27/64" 2-7/16" 3-1/2" 1.1 
JJ77334400HHTT 1-1/4" 1-23/32" 1-23/32" 1-27/64" 2-7/16" 3-1/2" 1.2 
JJ77334422HHTT 1-5/16" 1-25/32" 1-25/32" 1-27/64" 2-7/16" 3-1/2" 1.3 
JJ77334444HHTT 1-3/8" 1-27/32" 1-27/32" 1-27/64" 2-7/16" 3-1/2" 1.3 
JJ77334466HHTT 1-7/16" 1-15/16" 1-15/16" 1-27/64" 2-7/16" 3-1/2" 1.5 
JJ77334488HHTT 1-1/2" 1-31/32" 1-31/32" 1-27/64" 2-7/16" 3-1/2" 1.7 

PPrroodduucctt  IIDD  NNoo.. AA  iinncchheess BB  iinncchheess CC  iinncchheess DD  iinncchheess EE  IInncchheess LL  iinncchheess WWeeiigghhtt  GGrraammss

JJ77331100MMHHTT 10mm 39/64" 15/16" 3/8" 2" 3-1/4" 136.2 
JJ77331111MMHHTT 11mm 21/32" 15/16" 13/32" 2" 3-1/4" 145.0 
JJ77331122MMHHTT 12mm 11/16" 15/16" 33/64" 2" 3-1/4" 154.0 
JJ77331133MMHHTT 13mm 47/64" 15/16" 33/64" 2" 3-1/4" 154.0 
JJ77331144MMHHTT 14mm 13/16" 15/16" 1/2" 2" 3-1/4" 159.0 
JJ77331155MMHHTT 15mm 27/32" 15/16" 33/64" 2" 3-1/4" 165.0 
JJ77331166MMHHTT 16mm 7/8" 15/16" 39/64" 2" 3-1/4" 193.0 
JJ77331177MMHHTT 17mm 15/16" 15/16" 5/8" 2" 3-1/4" 200.0 
JJ77331188MMHHTT 18mm 1" 1" 45/64" 2" 3-1/4" 210.0 
JJ77331199MMHHTT 19mm 1-1/32: 1-1/32" 27/32" 2" 3-1/4" 229.0 
JJ77332200MMHHTT 20mm 1-1/16" 1-1/16" 1-3/16" 2" 3-1/4" 235.0 
JJ77332211MMHHTT 21mm 1-1/8" 1-1/8" 1-3/16" 2" 3-1/4" 240.0 
JJ77332222MMHHTT 22mm 1-3/16" 1-3/16" 1-3/16" 2" 3-1/4" 330.0 
JJ77332233MMHHTT 23mm 1-1/4" 1-1/4" 1-3/16" 2" 3-1/4" 355.7 
JJ77332244MMHHTT 24mm 1-5/16" 1-5/16" 1-5/32" 2" 3-1/4" 381.4 
JJ77333300MMHHTT 30mm 1-3/4" 1-5/8" 1-13/32" 2" 3-1/2" 420.0 

3/8" THIN WALL DEEP IMPACT METRIC

PPrroodduucctt  IIDD  NNoo.. AA  iinncchheess BB  iinncchheess CC  iinncchheess DD  iinncchheess EE  IInncchheess LL  iinncchheess WWeeiigghhtt  GGrraammss

77000088MMHHTT 8mm 1/2" 59/86" 1/3" 39/55" 1-3/4" 49.6 
77000099MMHHTT 9mm 5/16" 11/16" 5/16" 11/16" 2" 65.0 
77001100MMHHTT 10mm 13/22" 19/32" 19/43" 39/55" 1-3/4" 65.0 
77001111MMHHTT 11mm 11/16" 11/16" 21/64" 11/16" 2" 60.0 
77001122MMHHTT 12mm 11/16" 11/16" 7/16" 1-7/64" 1-3/4" 75.0 
77001133MMHHTT 13mm 23/32" 23/32" 33/64" 1-7/64" 1-3/4" 85.0 
77001144MMHHTT 14mm 25/32" 25/32" 1/2" 1" 1-3/4" 80.0 
77001155MMHHTT 15mm 53/64" 53/64" 11/16" 1-15/32" 2" 95.3 
77001166MMHHTT 16mm 27/32" 27/32" 23/32" 1-15/32" 2" 119.8 
77001177MMHHTT 17mm 59/64" 59/64" 23/32" 1-15/32" 2" 136.4 
77001188MMHHTT 18mm 59/64" 59/64" 23/32" 1-15/32" 2" 136.4 
77001199MMHHTT 19mm 1" 1" 23/32" 1-15/32" 2" 144.6 
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