
Sloped-Front
Wall Baffle Speakersimply unique

Part Numbers

WB86T

Speco Technologies is constantly developing and improving products.
We reserve the right to modify product design and specifications without notice and without incurring any obligation.                   Rev. 7/31/12

Specifications
RMS Power ........................ 10W
Max. Power......................... 16W
Frequency Response ......... 85Hz – 20kHz
Rated Impedance ............... 8 Ohms
Transformer ........................ 70/25V
Transformer Settings .......... 10W, 5W, 2.5W, 1.25W, 0.625W & 8 Ohms
Sensitivity ........................... 93±3dB
Dimensions ......................... 10.41” (W) x 10” (H) x (5.43” - top / 3.19” bottom) (D)

Features
• Solid wood construction
• Fully enclosed
• 8” 5 oz. dual-cone speaker
• Black cloth grille 
• 70/25V selectable transformer
• Push terminal speaker connection
• Lifetime warranty

For more information contact Speco Technologies
200 New Highway, Amityville, NY 11701   •   Toll Free: 1-800-645-5516   •   Fax: 631-957-9142 or 631-957-3880
www.specotech.com
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